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DIMENSIONAL DATA
REAR RACK COOLER DCD35 PASSIVE

Dry net weight +/- 5% kg (lb), without rack: ~ 73 kg / ~ 160 lb
Heat exchanger fluid volume is approximately 12 liters (3.17 US Gal)

Front

Bottom Rear View

Rear

Top Front View
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CW inlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW outlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW inlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW outlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW outlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW inlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW outlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

CW inlet: Female thread Rp 1", EN 10226
pipe 28x1 (1 7/64"x3/64")

35 2200x600-SUBTL

2/3

A

10.11.2021

WATTER SUPPLY CONNECTION DATA 
REAR RACK COOLER DCD35 PASSIVE

08.014.608.X
Hinges - left

Watter supply - top
Top View

Rear

Front

Front

Rear

08.014.609
Hinges - left

Watter supply - bottom
Bottom view

Rear

Front

08.014.610.X
Hinges - right

Watter supply - top
Top View

Front

Rear

08.014.611.X
Hinges - right

Watter supply  bottom
Bottom View
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MOUNTING DIMENSIONS
REAR RACK COOLER DCD35 PASSIVE

W-W

B
1:4

All top cover
and condensate tray
mounting holes (12x)

A
1:2

All locking component
and mounting brackets
mounting holes(15x)
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